d JIANGSU CHANGJIANG ELECTRONICS TECHNOLOGY CO., LTD

JCST SOT-23 Plastic-Encapsulate Transistors

SOT-23
MMBT2907  TRANSISTOR (PNP)
FEATURES
® [Epitaxial planar die construction
® Complementary NPN Type available(MMBT2222) 1. BASE
2. EMITTER
Marking: M2B 3. COLLECTOR
MAXIMUM RATINGS (Ta=25C unless otherwise noted)
Symbol Parameter Value Unit
Vceo Collector-Base Voltage -60 \%
Vceo Collector-Emitter Voltage -40 \%
Veso Emitter-Base Voltage -5 \Y,
Ic Collector Current -Continuous -600 mA
Pp Total Device Dissipation 250 mwW
Resa Thermal Resistance Junction to Ambient 500 ‘C/W
T, Junction Temperature 150 °C
Tstg Storage Temperature -55 to +150 °C
ELECTRICAL CHARACTERISTICS (Ta=25°C unless otherwise specified)

Parameter Symbol Test conditions Min Typ Max Unit
Collector-base breakdown voltage V@ericeo | lc=-10pA,le=0 -60 \Y
Collector-emitter breakdown voltage V@riceor | lc=-10mA,1g=0 -40 \Y,
Emitter-base breakdown voltage Vereso | le=-10pA,lc=0 -5 V
Collector cut-off current Iceo Veg=-50V,lg=0 -20 nA
Base cut-off current leBo Vee=-3V, Ic =0 -10 nA
Collector cut-off current lcex Vce=-30 V, VBeg(fr) =-0.5V -50 nA

hrey Vce=-10V,lc=-150mA 100 300
DC current gain hrec)y Vcee=-10V,lc=-0.1mA 52

hre@) - Vce=-10V,lc=-500mA 32
Collector-emitter saturation voltage Vortay | 1c=-150mA lg=-15mA 04 v

Veegaty | lc=-500mA,lg=-50mA -0.67 v
Base-emitter saturation voltage Vee(sar lo=-150mA ls=-15mA ! v

Veggatr | lc=-500mA, lg=-50mA 1.2 v
Transition frequency fr Vce=-20V,lc=-50mA,f=100MHz 200 MHz
Delay time tq 10 ns
Rise time N Vce=-30V,lc=-150mA,g1=-15mA o5 ns
Storage time ts Vce=-6V,lc=-150mA, 225 ns
Fall time t l1=- lg2=- 15mMA 60 ns

*Pulse test: t,<300us, 6<0.02.
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Typical Characteristics
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