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ESType A B
A4250-2%02A/AW/AWD) 4.20 9.60
A4250-2¥03A/AW/AWD 8.40 13.80
A4250-2¥04A/AW/AWD: | _ 12.60 18.00
A4250-2¥0SA/AW/AWD - | . 16.80 2220
A4250-2¥06A/AW/AWD | - 21.00 26.40
A4250-2¥12A/AW/AWD | . 4620 51.60
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