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& SPECIFICATIONS Unit:mm

O Poles: 2.4 6,810, 12 14 16, 18, 20 22 24
> Applicable wire: AWG#28-#20

<> Voltage rating: 300V DC/AC

<{ Current rating: 9A max

<{> Withstand voltage: 1500V AC

{ Working Temperature; -25C~+85°C

< Insulation resistance: = 1000MQ

{ Contact resistance: < 0.015Q

¢ Applicable PC board thickness: 1.6mm
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2 5569-2A 0 54 (152
4 5569-4A 42| 96 |194
6 5569-6A 84 | 138|236
8 5569-8A 126 | 180|278
10 5569-10A 168 | 222|320
12 5569-12A 210 266|362
14 5569-14A 252 | 306|404
16 5569-16A 294 | 348|446
18 5569-18A 336 | 390|488
20 5569-20A 37.8| 43.2|53.0
22 5569-22A 420 474 |57.2
24 5569-24A 46.2 | 516|614
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