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& SPECIFICATIONS Unit:mm

< Poles: 6~40

<> Applicable wire, AWGH24-#30

£ Voltage rating: 250V DC/AC

¢ Current rating, 2.0A

< Withstand voltage. 800V AC

<> Working Temperature, -25'C~+85C

<» Insulation resistance: = 1000MQ

¢ Contact resistance, = 0.010

<» Applicable PC board thickness. 0.6~1.2mm

Al UL:Recognized No.E309635
RoHS-specification and
Halogen-free products
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Terminal(PH-D)
Applicable | 0.D of wire
Type wires ins Material Finish
mm | AWGH mm _
BM-PH-D |0.08~0.3| 28-22 1.2-1.8 Phos bronze | Tin-plated

LB, LAYTUU |
=

Size(mm) . Size{mm)
Poles Type A 15 Poles Type. =
2 PH-2:2Y 20 | 6O 2 PH-2x24 20 | 60
3 PH-2x3Y 40 | BD 3 PH-2x3A 40 | 8.0
4 PH-2x4Y 60 | 10,0 4 PH-2x44 B.O | 10.0
5 PH-2x5Y 80 | 120 5 PH-2x54 80 | 120
[ PH-2x6Y 100 | 140 6 PH-2x6A 10.0 [ 140
T PH-2x7Y 120 | 160 7 PH-2xTA 12.0 | 16.0
a PH-2x8Y 14.0 | 18.0 8 PH-2x8A 14.0 | 180
E] PH-2x3Y 16.0 | 20.0 9 PH-2x9A 16.0 | 20.0
10 PH-2x10Y | 180 | 220 0 PH-2x 104 18.0 | 220
11 PH-2x11¥ | 20.0 | 24.0 11 PH-2x114 20.0 | 24.0
12 PH-2x12Y 220 | 260 12 PH-2x124 22.0 | 26.0
13 PH-2x13Y | 24.0 | 28.0 13 PH-2x13A 24.0 | 28.0
14 PH-2x14Y | 26.0 | 30.0 14 PH-2x 144 26.0 | 30.0
15 PH-2x15Y | 28.0 | 32.0 15 PH-2x15A 28.0 | 32.0
16 PH-2x16Y 300 | 340 16 PH-Zx 1684 300 | 34.0
17 PH-2x17Y | 320 | 36.0 17 PH-Zx17A 320 | 360
18 PH-2x18Y | 34.0 | 38.0 18 PH-2x184 34.0 | 38.0
13 PH-2x19Y | 36.0 | 40.0 18 PH-2x 194 36.0 | 40.0
20 PH-2x20Y | 380 | 420 20 PH-2x20A 38.0 | 42.0
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