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mm inch
REF.
MIN. TYP. MAX. MIN. TYP. MAX.
A 33 0.130
af 07 0.028
B 1.39 1.65 0.055 0.085
B1 0.1 1.04 0.036 0.041
b 05 0.020
b1 0.38 05 0015 0.020
D 9.4 0.370
E 8.8 0.346
e 254 0.100
e3 762 0.300
ed 762 0.300
F 6.200 6.600 0.244 0.260
| 48 0.189
L 33 0.130
Z 0.44 o7 0.063
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