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ROHS 6.60
Epoxy
seal Typical Specifications
_ 1. Rating : 5A120V AC
Qe 2. Insulation Resistance:1,000M min
oI° E o 3. Dielectric Strength:1,500V RMS
— 0 4. Operating Life : 30,000 cycles
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Circuit Diagram
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