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[REV. ECN NO. APPD | DATE
AO RELEASE iezhenqios/16'17

NOTES:
1_MATERIALS: ]
1-1. INSULATOR:Polyester UL94V-0.
1-2.CONTACT :BRASS SQ 0.5mm.
1-3.PLATED:CONTACT GOLD PLATED OVER Ni.
2 _ELECTRICAL CHARACTERISTICS:
2-1.CURRENT RATING:1.0 Amp.
4 2-2.VOLTAGE RATING:250V AC/DC.
2-3.CONTACT RESISTANCE: 20 mOhms MAX.
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ww 2-4_INSULATION RESISTANCE:1000 MOhms MIN. |
N 2-5_WITHSTANDING VOLTAGE: 500V AC/MINUTE.
2-6.0peration Temperature:-25° C~+105° C.
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o..g..>..x..m.. Housing Color
1:2.8x4.0 0:BLACK 2:RED
Plated ——— 4:-YELLOW 6:BLUE -
See Table (1)  — Housing Material
Code| Definition |Code| Definition h”_u> @._.AMHQJQQWQV
1 |Gold/Flash| 4 |Gold 10u” S:PA 9T ;

2 | Gold 3u" 5 | Gold 15u"
T T T T T T T T 3 Gold 5u" 6 Gold 30u"
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