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CCW cw Circuit Diagram Push portion 205 £ 50 df
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P.C.B Mounting
Pattern Dimension
® Contact — |1 F.Ag/Brass
® Terminal — | 4 | Brass(0.15t) |Plating silver
— @ Base e — 1 Nylon Black
H @ Spring 1 SuUs
@ Cover E— 1 Sus White
H @ Keystoke — 1 Nylon Black
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. APPROVALS DATE %%%@
DRAWN J.X.Zhang | 2013/8/6 ELECTRONICS CO.,LTD
CHECKED TITLE: MULTIFUNCTIONAL SWITCHS
APPROVALS PART NO. K1-1519SA-01
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