BC856...BC860

PNP Silicon Epitaxial Transistor

for switching and amplifier applications

Absolute Maximum Ratings (T, = 25 °C)
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1.Base 2. Emitter 3. Collector
SOT-23 Plastic Package

Subsidiary of Sino-Tech International (BVI) Limited

Parameter Symbol Value Unit

Collector Base Voltage BC856 “Vero 80 \Y

BC857, BC860 -Veeo 50 \%

BC858, BC859 -Vceo 30 \%

Collector Emitter Voltage BC856 -Vceo 65 \Y
BC857, BC860 -Vceo 45 \%

BC858, BC859 -VcEo 30 \%

Emitter Base Voltage -Vego 5 \Y/
Collector Current -lc 100 mA
Peak Collector Current -lem 200 mA
Power Dissipation Piot 200 mw
Junction Temperature T, 150 °C
Storage Temperature Range Tetg - 6510 + 150 °C
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BC856...BC860

Characteristics at T,= 25°C

Parameter Symbol Min. Max. Unit
DC Current Gain
at-Vee=5V, -Ic=2 mA Current Gain Group A hee 125 250 -
B hre 220 475 -
C hee 420 800 -
Collector Base Cutoff Current
at-Veg=30V -lco - 15 nA
Collector Base Breakdown Voltage
at-lc =10 pA BC856 -V(sRr)cBO 80 - \%
BC857, BC860 | -V(griceo 50 - \%
BC858, BC859 | -V(gryceo 30 - Y
Collector Emitter Breakdown Voltage
at-lc=10 lJ.A BC856 'V(BR)CES 80 - V
BC857, BC860 | -V(erices 50 - v
BC858, BC859 | -Vierices 30 . v
Collector Emitter Breakdown Voltage
at-lc =10 mA BC856 -Vgriceo 65 - \Y;
BC857, BC860 | -Vgajeeo 45 - v
BC858, BC859 | Vericeo 30 : v
Emitter Base Breakdown Voltage RY; 5 i Vv
at 'IE: 1 U.A (BR)EBO
Collector Emitter Saturation Voltage
at-lc=10 mA, -Is= 0.5 mA -V cE(sat) - 0.3 \
at -lc= 100 mA, -lg=5 mA “Ver sl - 0.65 \%
Base Emitter On Voltage
at-Vee=5V, -lc= 2 mA -Vie(on) 0.6 0.75 v
at -Vee= 5V, -lc = 10imA -Vie(on) - 0.82 v
Current Gain Bandwidth Product
at -Vee = 5\, -Ic = 10 mA, f = 100 MHz fr 100 i MHz
Collector Output Capacitance C ) 6 £
at-Ves =10 V, f= 1 MHz ob P
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BC856...BC860
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Figure 5. Collector Output Capacitance Figure 6. Current Gain Bandwidth Product
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