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SPECIFCATION

Current rating: 7A AC/DC

Voltage rating:: 250V AC/DC
Contact resistance: 20m Q max.
Withstand voltage: 1500V AC/min.

Insulation resistance: 1000M Q /min.

Temperature range: -25C~-+85C

Material:
Part No:2~20
Post:Brass.Tin/plated
Base:Nylon66 UL94V-2

L 5.640.3
A Dimension (mm)
_ Poles Part NO.
A B
2 3961S-2P 3.96 8. 00
% Lo 3 3961S-3P 7.92 11.90
o) o 4 3961S-4P 11.88 15. 90
5 3961S-5P 15. 84 19.90
_ A 6 3961S-6P 19. 80 23. 80
7 3961S-7P 23.76 27. 80
8 3961S-8P 27.72 31.70
\w 9 3961S-9P 31.68 35.70
N 10 39615-10P 35.64 39.70
MW_ 10. 20 11 3961S-11P 39. 60 43. 60
© - 12 39615-12P 43. 56 47. 60
o« 13 39615-13P 47.52 51.50
14 3961S-14P 51.48 55.50
15 39615-15P 55. 44 59. 50
16 3961S-16P 59. 40 63. 40
17 3961S-17P 63. 36 67. 40
18 39615-18P 67. 32 71. 30
19 3961S-19P 71. 28 75. 30
20 39615-20P 75. 24 79. 30
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