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50,000 cycles
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Sharp feeling type

-40%C to +90°C

50mA 12V DC

10pA 1V DC

100MQ min. 100V DC for 1min.

250V AC for 1 min.

10 to 55 to 10Hz/%y, &IRIEL.5mm X, Y, Z 375m& 2/

-40£2°C for 96h

90+2°C for 96h

60+2°C, 90 to 95%RH for 96h
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FHERE 260°C max.
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