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COMMON MODE CHOKE
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@ Common mode chokes
€ High impedance to minimize common mode noise
@ Excellent EMI performance
© Operate temperature range: -40°C to +85°C(Including coil' self temperature rise)
© Storage temperature range: -40°C to +125°C
Electrical Specifications @25°C
0CL DCR Turns Ratio Hi-Pot
@10KHz, 0. 1V @10KHz, 0. 1V Rated Current 1mA/2S
Part Number
1-4,2-3 1-4, 2-3 1-4:2-3 1-4 TO 2-3
CM0403CG 4. TmH + 50%/-30% 0.7Q Max. 1:1£5% 200mA 800vac
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