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DESCRIPTION

C.N.

DATE

UTER LIMITED.

THESE DRAWINGS AND SPECIFICATIONS
ARE THE PROPERTY OF CO-
MPUTER LIMITED AND SHALL NOT BE
REPRODUCED COPIED OR USED IN

ANY MANNER WITHOUT THE PRIOR W-
RITTEN CONSENT OF

COMP—

ELECTRONIC LTD.

UNLESS OTHERWISE SPECIFIDE: TITLE
DIMENSIONS ARE IN MILLIMETERS
ANGULAR TOLERANCE: *1.0°

DIMENSIONS

TOLERANCE

USB2.0 TO RS232(# ¢ #&)CABLE RoHS

0.00 TO 30.00mm | £0.10mm

CHKD.

CONF.

30.01 TO 80.00mm | +0.13mm [pr-

80.01 TO 150.00mm| £0.15mm

150.01mm
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