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PEATURES:
1 Eloctrial Tost:
A 250V AC max at 2 sips.
B.Dislectric with standing 500volts AC.
C. [nsulation Resistance:500 mepnclms.
D. Termination Resistance:3Smegnobms.
2 Mochenicol: I
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