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i BAND GSM900 DCS1800
CHANNAL 1 62 124 512 699 885
TRP 29.12 2959 29.24 23.48 22,92 2228
TIS - - 105.17 — — -101.91
HHZE | BAND PCS1900
CHANNAL 512 661 810
TRP 22.47 2284 2403
TIS - - 10483
FitE BAND WCDMA2100 WCDMAZ00
CHANNAL 10562 10700 10838 2937 3012 3088
TRP 18.05 18.32 19.29 21.31 21.25 2184
TIS - - 106.71 - — -
BEHZE | BAND WCDMA1900 WCDMA850
CHANNAL 9662 9800 9938 4357 4408 4458
TRP 17.21 17.24 18.51 18.17 19.09 2062
TIS - - 106.67 - — 10754
et BAND FDD-LTE-B1 FDD-LTE-B3
CHANNAL 18050 18300 18550 19250 19575 19900
B HZE TRP 19.42 19.76 19.87 19.29 18.39 16.68
TIS ~ - 946 - — -90.55
it BAND TDD-LTE-B38 TDD-LTE-B39
CHANNAL | 37850 38000 38150 38350 38450 38550
TRP 203 20.14 19.64 1917 19.57 19.56
TIS - - 90.22 - - 190,96
HE=8 | BAND TDD-LTE-B40 TDD-LTE-B41
CHANNAL | 38750 39150 39550 40450 40620 40940
TRP 19.86 19.12 18.34 20.48 20.23 19.55
TIS ~ -~ -90.52 - - -89.56




