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0.47 +20% 100 1.62 1.47 34.9 36.0 SPM10054T-R47M-HZ
0.68 +20% 100 2.09 1.90 29.0 32.0 SPM10054T-R68M-HZ
1.0 +20% 100 2.64 2.40 24.0 27.5 SPM10054T-1ROM-HZ
1.5 +20% 100 5.39 4.90 16.0 20.0 SPM10054T-1R5M-HZ
25 +20% 100 6.58 5.98 11.8 19.0 SPM10054T-2R5M-HZ
3.3 +20% 100 7.81 7.10 10.2 16.2 SPM10054T-3R3M-HZ
4.7 +20% 100 12.15 11.04 8.8 14.3 SPM10054T-4R7M-HZ
6.8 +20% 100 17.77 16.15 8.3 11.0 SPM10054T-6R8M-HZ
10.0 +20% 100 24.31 22.10 6.2 10.6 SPM10054T-100M-HZ
15.0 +20% 100 33.93 30.84 4.9 8.6 SPM10054T-150M-HZ
22.0 +20% 100 52.58 47.80 4.0 6.2 SPM10054T-220M-HZ
33.0 +20% 100 82.13 74.66 3.5 5.3 SPM10054T-330M-HZ
47.0 +20% 100 121.15 110.13 3.1 4.4 SPM10054T-470M-HZ
68.0 +20% 100 162.87 148.06 2.3 3.7 SPM10054T-680M-HZ
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