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NOTES:

1. CAVITY IDENTIFICATION ON FRONT AND REAR FACE.

2. WILL ACCEPT FOUR (4) MULTIMATE PIN CONTACTS.
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OBSOLETE DETAIL A STANDARD NO 206061 —5
— SMALL PACK NO 206061 —35
— STANDARD YES 206061—2
— STANDARD NO 206001 —1
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