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1.2 Voltage Rating: 250V max
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BACK VIEW prad 1.3 Contact Resistance 40mg£ max
300 1.4 Insulation Resistance 1000MQ
| =~ 1.5 Dielectric Withstanding Voltage: 100VAC
2. MECHANICAL
2.1 Durability: 10,000 Cycle
i 0. 90 h 2.2 Insertion Force: 35N max.
#13\ /f#5 2.3 Extraction Force: 8~20N max.
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