SPECIFICATION
Rating:16A 125VAC (CQC)

16A 250VAC (CQC)
INITIAL CONTACT RESISTANCE:20mQ Max
OPERATION FORCE:750~1000gf-cm
INSULATION RESISTANCE:100mQ MIN 500VDC
WITHSTAND VOLTAGE:1000VAC FOR 1MINUTE
ENDURANCE:10,000 CYCLES
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