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NOTES:

1.Circuit:ON/OFF
2.0peration force:500+200gf
S.Electrical rating:15A 125VAC

Paonel cut out(Thickness: 3mm Max>

8A 250VAC

12(6)A 250V~
4.Contact resistance:<30mQ

5.Insulation resistance:>1000MQ(500VDC
between open contacts)
6.Dielectric strength:>1500V 1 mintute
7.Color: cover is black, body is black.
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09 pe i) NICKEL PALTED BRASS  lpcs
08 BEAE 2680 1/2H Ag-plate  lpcs
07 S PAGE Ipcs
06 i) PABB Ipcs
05 = Ch+AgNi 10 Ipes
04 AR CUHAGNi 10 Ipcs
03 W 2680 1/20 Ag-plate  1pcs
02 T 2680 1/2H Ag-plate  1pcs
01 o SHC Ipcs
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ROCK TEK ELECTRONICS(SHENZHEN)CO.,LTD. .
_ BN BETRIDA R G

Specification Of RT-S02 Series Rocker Switch page:1/2

1.Scope
This specification covers the RT-S02 series rocker switch.
2.Rating
15A 125VAC UL,CUL
8A 250VAC CQC
12(6)A 250VAC ENEC
3.Standard
UL61058-1
EN60158-1 2002,
GB15092
4.Dimensions
Dimensions of this switch are shown on the following drawing.
5.Electrical
5.1. Contact Resistance
The contact resistance should be 30m 2 (Max).
5.2. Insulation resistance
It is measured with 500V DC 1 minute should be 100M Q) (Min).
5.3.Dielectric strength
(Between terminals of open contacts and terminals of opposite polarity)
Dielectric strength should withstand without breakdown a potential of AC
1500V/minute.
(Between terminals and metal frame)
Dielectric strength should withstand without breakdown a potential of AC
1500V/minute




ROCK TEK ELECTRONICS(SHENZHEN)CO. , LTD.
B BT FCRIDA R AN F

Specification Of RT-S02 Series Rocker Switch page:2/2

6.Terminal Strength

Using a static force of 5kg in one direction on the tip terminal for 1 minute.
The terminal may be deformed, but should not sustain any trouble as deviation
And breaking of terminal and breaking of insulation.

7.Life test
All of the mechanical life are over 30,000 cycles.
All of the electrical life all over 10,000 cycles.

8.Soldering test

The terminals shall be well soldered of dipped place of immersed place in the solder.
Dipped in molten solder of 260°+5°C and the dwell time in solder is 3~5 seconds and
More than 75% of the dipped shall be covered by solder.

9. Humidity test
The switch shall be stored at a temperature of 4022°C and a humidity of 90% to 95%
for 96 hours. Then the switch shall be maintained at standard atmospheric condition

for 1 hour after which measurement shall be made. The shall be no defoimation or cracks

in molded part.
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Switches, Appliance and Special Use - Component

For enhanced search functionality, please visit UL's iQ™ Family of Databases.
Click on a product designation for complete information.

Page Bottom

See General Information for Switches, Appliance and Special Use - Component

Switches, Appliance and Special Use - Component

LEGION ELECTRONIC CO LTD E153399
Room M
4Th Fl, Continental Mansion
300 King's Rd
Hong Kong, HONG KONG
Investigated to ANSI/UL 1054
Per Pole/
Endur- | Temp POL/ Circuit
Cat. No. Amps | Volts Hz Load ance C THR Code SPCOA
EPS11 10 125 60 GP 6K 55 1/1 -/- -
10 250 60 GP 6K
- - - GP -
- - - GP -
EPS21 10 125 60 GP 6K 55 2/1 PP/D1 -
10 250 60 GP 6K
- - - GP -
- - - GP -
FRO1 f/b A1, A2 or A3, f/b FO or F1, f/b L1
6 125 60 GP 6K 65 1/M -/- Note 6(16 thru 20
AWG)
6 250 60 GP 6K
M1 7.5 125 60 GP 6K 75 1/2 -/A -
5 250 60 GP 6K
MFRO1 f/b A1, f/b F or M, f/b 04, 05, 06, 07, 08, 09 or 10, f/b L1
8 125 60 GP 6K 65 1/M -/- -
8 250 60 GP 6K
MPS11 16 125 60 GP 6K 85 1/1 PP/- -
10 250 60 GP 6K
5 125 60 v 25K

MPS21 f/b letter; f/b

Blank; f/b -R or Blank)

letter; f/b A or B; f/b Q;

f/b M or Blank; f/

b S or D; f/b -L or Blank; f/b 2 or

Blank; f/b 2 or

16 125 50/60 | GP 6K 65 2/1 PP/D1 Note 2
16 250 50/60 | GP 6K
- 125 50/60 | 3/4hp | 6K
- 250 50/60 | 3/4hp | 6K
ovs-1f/bA,B,Cor |12 125 60 GP 6K 150 M/M PP/- -
D
12 250 60 GP 6K

2016/5/25 17:17
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PS01-X-X-X 3 250 60 GP 6K 85 1/1 -/A -
6 125 60 GP 6K
6 125 60 L 6K
RT-M2,f/b0,1,2,3,4,50r6
5 125 60 GP 6K 85 1/2 -/A -
5 250 60 GP 6K
6 30 DC R 6K
RT-P02 7 14 DC - 6K 65 1/2 -/A -
RT-P0O3 16 125 60 GP 6K 85 1/1 -/A Note 2
16 250 60 GP 6K
- 125 60 3/4hp | 6K
RT-P04 16 125 60 GP 6K 95 1/1 -/A -
- 125 60 1/2hp | 6K
RT-PO5 14 125 50/60 | GP 6K 65 2/1 -/B Note 11A
14 250 50/60 | GP 6K
- 125 50/60 | 1/2hp | 6K
- 250 50/60 | 1hp 6K
RT-S01 10 125 60 GP 6K 85 1/1 -/A -
6 250 60 GP 6K
RT-SO01A 10 125 60 GP 6K 85 1/1 -/A Note 2
6 250 60 GP 6K
RT-S02 15 125 60 GP 6K 85 1/1 -/A -
8 250 60 GP 6K
RT-S02A 15 125 60 GP 6K 85 1/1 -/A Note 2
8 250 60 GP 6K
RT-S03 16 125 60 GP 6K 105 2/1 -/B -
16 250 60 GP 6K
- 125 60 1/3hp | 6K
RT-S03A 16 125 60 GP 6K 105 2/1 -/B Note 2
16 250 60 GP 6K
- 125 60 1/3hp | 6K
RT-S05 15 125 60 GP 6K 125 2/2 -/B -
RT-S06 f/b A or 16 125 60 GP 6K 85 1/1 -/A Note 2
Blank
10 250 60 GP 6K
- 125 60 3/4hp | 6K
- 250 60 1hp 6K
SS11, f/b Letters, Numbers or Blank, f/b Q or S, f/b -Letters, -Numbers or Blank, f/b 20 or 30, f/b -Letters,
-Numbers or Blank .
12 125 60 GP 6K 65 1/1,2/2 -/A -
12 250 60 GP 6K
16 125 60 GP 6K
16 250 60 GP 6K
10 125 60 GP 6K
10 250 60 GP 6K
6 125 60 GP 6K
6 250 60 GP 6K

2016/5/25 17:17



WOYR2. E153399 - Switches, Appliance and Special Use - Co..

http://database. ul. com/cgi-bin/XYV/template/LISEXT/1FRAM. . .

SS21, f/b suffixes 10 125 60 GP 6K 65 2/1 PP/C -
10 250 60 GP 6K

SS21, f/b suffixes, f/b -S
10 125 60 GP 6K 65 1/1 -/A -
10 250 60 GP 6K

S$S24, f/b Letters, Numbers or Blank, f/b Q or S, f/b -Letters, -Numbers or Blank, f/b 40 or 60, f/b -Letters,

-Numbers or Blank .

12 125 60 GP 6K 65 2/2 or2/1 | PP/D1 -
12 250 60 GP 6K
10 125 60 GP 6K
10 250 60 GP 6K
6 125 60 GP 6K
6 250 60 GP 6K
16 125 60 GP 6K
16 250 60 GP 6K

SS31 f/b letters; f/bQ, SorC; f/bR,

ForlL; f/bD; f/b

40, 41; f/b L or blank; f/b let

ters or numbers or blank.

16 125 50/60 | GP 6K 65 2/1 PP/C 2,3
16 250 50/60 | GP 6K
- 125 50/60 | 3/4hp | 6K
- 250 50/60 | 3/4hp | 6K

SS31 f/b letters; f/bQ, SorC; f/bR,

Forl; f/bD; f/b

60; f/b L or blank; f/b letters or numbers or blank.

16 125 50/60 | GP 6K 65 2/2 PP/C 2,3
16 250 50/60 | GP 6K
- 125 50/60 | 3/4hp | 6K
- 250 50/60 | 3/4hp | 6K

SS31 f/b letters; f/bQ, SorC; f/bR,

ForlL;f/bs; f/b

20 or 21; f/b L or blank; f/b letters or numbers or blank.

16 125 50/60 | GP 6K 65 1/1 -/A 2,3
16 250 50/60 | GP 6K
- 125 50/60 | 3/4hp | 6K
- 250 50/60 | 3/4hp | 6K

SS31 f/b letters; f/bQ, SorC; f/bR,

ForlL; f/bT; f/b

40,41; f/bL orb

lank; f/b letters or numbers or blank.

16 125 50/60 | GP 6K 65 2/1 PP/C 2,3
16 250 50/60 | GP 6K
- 125 50/60 | 3/4hp | 6K
- 250 50/60 | 3/4hp | 6K
SS31 f/b letters; f/bQ,SorC; f/bR,ForL; f/bT; f/b 60; f/b L or blank; f/b letters or numbers or blank.
16 125 50/60 | GP 6K 65 2/2 PP/C 2,3
16 250 50/60 | GP 6K
- 125 50/60 | 3/4hp | 6K
- 250 50/60 | 3/4hp | 6K
SS31 f/b letters; f/bQ, SorC; f/bR, F; f/bS; f/b 30; f/b letters or numbers or blank.
16 125 50/60 | GP 6K 65 1/2 -/A 3
16 250 50/60 | GP 6K
- 125 50/60 | 3/4hp | 6K
- 250 50/60 | 3/4hp | 6K
VS12f/bMorH, f/b11,12
‘ 12 ‘ 125 ‘ 60 ‘ GP ‘ - ‘ 65 ‘ 1/M ‘ -/- -

2016/5/25 17:17
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12 250 60 GP -
6 125 60 GP -
3 250 60 GP -
2 125 60 GP -
1 250 60 GP -

VS34 f/b,MorH, f/b11,12, 21 or 22

12 125 60 GP - 55 M/M -/- -

12 250 60 GP -

Note 2 - These are lighted switches employing a lamp. The usable lamp life has not been evaluated.

Note 6 - The switch employs push-in terminals. These have been evaluated for use with solid and solder dipped stranded conductors of a specified
size (shown within parenthesis in AWG).

Marking: Company name or tradename "LEGION" , catalog, model or part number, electrical ratings and the Recognized Component Mark, m
on the product or on the smallest unit container in which the product is packaged.

Last Updated on 2015-12-14

Questions? Print this page Terms of Use Page Top

@ 2016 UL LLC

The appearance of a company's name or product in this database does not in itself assure that products so identified have been manufactured
under UL's Follow-Up Service. Only those products bearing the UL Mark should be considered to be Certified and covered under UL's Follow-Up
Service. Always look for the Mark on the product.

UL permits the reproduction of the material contained in the Online Certification Directory subject to the following conditions: 1. The Guide
Information, Assemblies, Constructions, Designs, Systems, and/or Certifications (files) must be presented in their entirety and in a non-misleading
manner, without any manipulation of the data (or drawings). 2. The statement "Reprinted from the Online Certifications Directory with permission
from UL" must appear adjacent to the extracted material. In addition, the reprinted material must include a copyright notice in the following format:
"© 2016 UL LLC".

FAT dham 2016/5/25 17:17
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LEGION ELECTRONIC CO LTD E153399

Room M

4Th Fl, Continental Mansion
300 King's Rd

Hong Kong, HONG KONG

Investigated to CSA-C22.2 No. 55

Per Pole/
Endur- | Temp POL/ Circuit
Cat. No. Amps | Volts Hz Load ance C THR Code SPCOA
EPS11 10 125 60 GP 6K 55 1/1 -/- -
10 250 60 GP 6K
- - - GP -
- - - GP -
EPS21 10 125 60 GP 6K 55 2/1 PP/D1 -
10 250 60 GP 6K
- - - GP -
- - - GP -
FRO1 f/b A1, A2 or A3, f/b FO or F1, f/b L1
6 125 60 GP 6K 65 1/M -/- Note 6(16 thru 20
AWG)
6 250 60 GP 6K
M1 7.5 125 60 GP 6K 75 1/2 -/A -
5 250 60 GP 6K
MFRO1 f/b A1, f/b F or M, f/b 04, 05, 06, 07, 08, 09 or 10, f/b L1
8 125 60 GP 6K 65 1/M -/- -
8 250 60 GP 6K
MPS11 16 125 60 GP 6K 85 1/1 PP/- -
10 250 60 GP 6K
5 125 60 Y 25K
MPS21 f/b letter; f/b letter; f/b A or B; f/b Q; f/b M or Blank; f/b S or D; f/b -L or Blank; f/b 2 or Blank; f/b 2 or
Blank; f/b -R or Blank)
16 125 50/60 | GP 6K 65 2/1 PP/D1 Note 2
16 250 50/60 | GP 6K
- 125 50/60 | 3/4hp | 6K
- 250 50/60 | 3/4hp | 6K
ovs-1f/bA,B,Cor |12 125 60 GP 6K 150 M/M PP/- -
D
12 250 60 GP 6K

2016/5/25 17:17
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PS01-X-X-X 3 250 60 GP 6K 85 1/1 -/A -
6 125 60 GP 6K
6 125 60 L 6K
RT-M2,f/b0,1,2,3,4,50r6
5 125 60 GP 6K 85 1/2 -/A -
5 250 60 GP 6K
6 30 DC R 6K
RT-P02 7 14 DC - 6K 65 1/2 -/A -
RT-P0O3 16 125 60 GP 6K 85 1/1 -/A Note 2
16 250 60 GP 6K
- 125 60 3/4hp | 6K
RT-P04 16 125 60 GP 6K 95 1/1 -/A -
- 125 60 1/2hp | 6K
RT-PO5 14 125 50/60 | GP 6K 65 2/1 -/B Note 11A
14 250 50/60 | GP 6K
- 125 50/60 | 1/2hp | 6K
- 250 50/60 | 1hp 6K
RT-S01 10 125 60 GP 6K 85 1/1 -/A -
6 250 60 GP 6K
RT-SO01A 10 125 60 GP 6K 85 1/1 -/A Note 2
6 250 60 GP 6K
RT-S02 15 125 60 GP 6K 85 1/1 -/A -
8 250 60 GP 6K
RT-S02A 15 125 60 GP 6K 85 1/1 -/A Note 2
8 250 60 GP 6K
RT-S03 16 125 60 GP 6K 105 2/1 -/B -
16 250 60 GP 6K
- 125 60 1/3hp | 6K
RT-S03A 16 125 60 GP 6K 105 2/1 -/B Note 2
16 250 60 GP 6K
- 125 60 1/3hp | 6K
RT-S05 15 125 60 GP 6K 125 2/2 -/B -
RT-S06 f/b A or 16 125 60 GP 6K 85 1/1 -/A Note 2
Blank
10 250 60 GP 6K
- 125 60 3/4hp | 6K
- 250 60 1hp 6K
SS11, f/b Letters, Numbers or Blank, f/b Q or S, f/b -Letters, -Numbers or Blank, f/b 20 or 30, f/b -Letters,
-Numbers or Blank .
12 125 60 GP 6K 65 1/1,2/2 -/A -
12 250 60 GP 6K
16 125 60 GP 6K
16 250 60 GP 6K
10 125 60 GP 6K
10 250 60 GP 6K
6 125 60 GP 6K
6 250 60 GP 6K

2016/5/25 17:17
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SS21, f/b suffixes 10 125 60 GP 6K 65 2/1 PP/C -
10 250 60 GP 6K

SS21, f/b suffixes, f/b -S
10 125 60 GP 6K 65 1/1 -/A -
10 250 60 GP 6K

S$S24, f/b Letters, Numbers or Blank, f/b Q or S, f/b -Letters, -Numbers or Blank, f/b 40 or 60, f/b -Letters,

-Numbers or Blank .

12 125 60 GP 6K 65 2/2 or2/1 | PP/D1 -
12 250 60 GP 6K
10 125 60 GP 6K
10 250 60 GP 6K
6 125 60 GP 6K
6 250 60 GP 6K
16 125 60 GP 6K
16 250 60 GP 6K

SS31 f/b letters; f/bQ, SorC; f/bR,

ForlL; f/bD; f/b

40, 41; f/b L or blank; f/b let

ters or numbers or blank.

16 125 50/60 | GP 6K 65 2/1 PP/C 2,3
16 250 50/60 | GP 6K
- 125 50/60 | 3/4hp | 6K
- 250 50/60 | 3/4hp | 6K

SS31 f/b letters; f/bQ, SorC; f/bR,

Forl; f/bD; f/b

60; f/b L or blank; f/b letters or numbers or blank.

16 125 50/60 | GP 6K 65 2/2 PP/C 2,3
16 250 50/60 | GP 6K
- 125 50/60 | 3/4hp | 6K
- 250 50/60 | 3/4hp | 6K

SS31 f/b letters; f/bQ, SorC; f/bR,

ForlL;f/bs; f/b

20 or 21; f/b L or blank; f/b letters or numbers or blank.

16 125 50/60 | GP 6K 65 1/1 -/A 2,3
16 250 50/60 | GP 6K
- 125 50/60 | 3/4hp | 6K
- 250 50/60 | 3/4hp | 6K

SS31 f/b letters; f/bQ, SorC; f/bR,

ForlL; f/bT; f/b

40,41; f/bL orb

lank; f/b letters or numbers or blank.

16 125 50/60 | GP 6K 65 2/1 PP/C 2,3
16 250 50/60 | GP 6K
- 125 50/60 | 3/4hp | 6K
- 250 50/60 | 3/4hp | 6K
SS31 f/b letters; f/bQ,SorC; f/bR,ForL; f/bT; f/b 60; f/b L or blank; f/b letters or numbers or blank.
16 125 50/60 | GP 6K 65 2/2 PP/C 2,3
16 250 50/60 | GP 6K
- 125 50/60 | 3/4hp | 6K
- 250 50/60 | 3/4hp | 6K
SS31 f/b letters; f/bQ, SorC; f/bR, F; f/bS; f/b 30; f/b letters or numbers or blank.
16 125 50/60 | GP 6K 65 1/2 -/A 3
16 250 50/60 | GP 6K
- 125 50/60 | 3/4hp | 6K
- 250 50/60 | 3/4hp | 6K
VS12f/bMorH, f/b11,12
‘ 12 ‘ 125 ‘ 60 ‘ GP ‘ - ‘ 65 ‘ 1/M ‘ -/- -

2016/5/25 17:17
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12 250 60 GP -
6 125 60 GP -
3 250 60 GP -
2 125 60 GP -
1 250 60 GP -

VS34 f/b,MorH, f/b11,12, 21 or 22

12 125 60 GP - 55 M/M -/- -

12 250 60 GP -

Note 2 - These are lighted switches employing a lamp. The usable lamp life has not been evaluated.
Note 6 - The switch employs push-in terminals. These have been evaluated for use with solid and solder dipped stranded conductors of a specified
size (shown within parenthesis in AWG).

Marking: Company name or tradename "LEGION" , catalog, model or part number, electrical ratings and the Recognized Component Mark for

Canada, C on the product or on the smallest unit container in which the product is packaged.

Last Updated on 2015-12-14

Questions? Print this page Terms of Use Page Top

@ 2016 UL LLC

The appearance of a company's name or product in this database does not in itself assure that products so identified have been manufactured
under UL's Follow-Up Service. Only those products bearing the UL Mark should be considered to be Certified and covered under UL's Follow-Up
Service. Always look for the Mark on the product.

UL permits the reproduction of the material contained in the Online Certification Directory subject to the following conditions: 1. The Guide
Information, Assemblies, Constructions, Designs, Systems, and/or Certifications (files) must be presented in their entirety and in a non-misleading
manner, without any manipulation of the data (or drawings). 2. The statement "Reprinted from the Online Certifications Directory with permission
from UL" must appear adjacent to the extracted material. In addition, the reprinted material must include a copyright notice in the following format:
"© 2016 UL LLC".

FAT dham 2016/5/25 17:17
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Annex to Licence Number ENEC NO 1740
Order No 79692

Licence for use of the here shown ENEC conformity mark :

17

Based on:

“Agreement on the use of a commonly agreed Mark on Conformity for equipment complying with European
Standards as of 12 November 19891 (in short ENEC Agreement), as revised latest by ENEC group April 16. 1997.

Nemko herby grants the following manufacturer as licensee the right to affix this ENEC mark on the product(s) specified
below. '

Product Switches for appliances

Name and address of the applicant Rock Tek Electronics (Shenzhen) Co., Ltd.
Guangguang Road, Guanlan Town, Baoan District
Shenzhen City, Guangdong

China

Name and address of the manufacturer Rock Tek Electronics (Shenzhen) Co., Ltd.
Guangguang Road, Guanlan Town, Baoan District
Shenzhen City, Guangdong
China

Name and address of the factory Rock Tek Electronics (Shenzhen) Co., Ltd.
Guangguang Road, Guanlan Town, Baoan District
Shenzhen City, Guangdong

China

Rating and principal characteristics 12(6)A 250V AC 50Hz

Trade mark (if any) ROCK TEK

Modelftype Ref. RT-S02

Additional information (if necessary) Rocker switch for incorporation, Cl. ll, micro disconnection, T85/55,
10E4, pollution degree I, PTi250, single pole, IP40 when mounted as
declared

The above product is certified according to EN 61058-1:2002

The conditions for this licence are that the ENEC-marked products conform with the applicable Standard(s) as stated in
the Test Report with Order No: 76962

and that Articles 8 and 9 of the ENEC Agreement are fulfilled by the manufacturer.

The mark signifies the compliance of the completed products with these conditions.

Further information is given in the attached Annex, which forms an obligatory part of this licence document.

Date of issue 08 February 2007 Issued by
(N) Nemko
NEMKO ref. Person: Kenneth Thorud /70/1 e yn destze /
Hanne Yndestad

Certification Department
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