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CE-FS
CE-FS(High Voltage)
CE-AX

CE-KX

CE-ZX

CE-ZC

CE-LX

CE-GA

CE-LS

CE-LH
CE-LH(High Voltage)
CE-LL

@ED CELF
CE-PC

CE-PH

CE-PS

CE-PF

CE-TH

CE-JX

CE-NP

CE-FN

44
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SunCon

Aluminum Electrolytic Type / Surface Mount Type
105C Standard

High Voltage

c E' FS Series

e 160 to 400V, 105T 1,000 to 2,000hours
e Non solvent proof

B Specifications

RoHS compliance

Y OF

Iltems Condition Specifications
Rated voltage V) - 160 200 250 400
Surge voltage V) Room temperature 200 250 300 450
Category temperature range (C) - —40to +105
Capacitance tolerance (%) 120Hz/20°C M : £20
Dissipation Factor(tan &) tand (max) 120Hz/20C 0.20 0.25
uA/after CV < 1000 0.03CV +15
Leakage current(LC ;
& (152 2minutes (max) | cV » 1000 0.02CV +25
Impedance ratio at Based on the value at| —25C | Z/Za0c 3 3 3 6
low temperature 120Hz, +20C |-40C |Z/Zz00 6 6 6 10
105G Test ®»8 : 1,000hours, 10 to 16 : 2,000hours
i AC/C ithin £259 initi
Endurance rateq voltage applied Within £25% of the |n|t|a|. \./alue
(With the rated tand Less than 200% of the specified value
ripple current) -
LC Less than the specified value
B Marking, Dimensions (Uit mm)
[¢D<10]
Polarity 0.3max__, w
(Cathode) | 8 105 8.3 8.3 90 |07~10| 32
Rated Capacitance O U O 10 10.5 10.3 10.3 110 |10~14| 46
Series Symbol %_ T — 7@ o 125 1 3.510'5 12.8 128 135 1.0~14 4.6
Rated Voltage 0 N 6 16 168.5%%| 16.3 16.3 17.3 | 1.7~21 7.0
[¢D=12.5] L
Polarity pressure relief vent R )
(Cathode) Lot No.
Indicated Only $D=16 (P)reference size
Rated Capacitance
Series Symbol
Rated Voltage
M Size, Rated Ripple Current
uF \ 160 200 250 400
22 , : ! 8x106 ' 25
3.3 : ; 8x105 | 31 10105 | 36
47 ! ! 8x105 | 37 10x105 | 38
6.8 1 1 8x105 | 44 125x135 | 47
10 8x105 | 57 10105 | 64 10105 | 64 126x1835 | 57
22 125x135 | 112 125x135 | 112 125x135 | 112 16x165 | 115
33 125185 | 187 125x185 | 187 16x165 | 150 !
47 16%X16.5 l 180 16X16.5 l 180 16X16.5 1 180 1
68 iexi65 ' 215 16x165 ' 215 ! !
82 16x165 | 285 1 l L |
T
Please refer to page 14 for . LCase size:@DxL(mm) Rated ripple current
ripple current frequency coefficients. 16X16.5:CE-FST mArms(120Hz, 105C)
M Part number g FST
200CE 10 FS 200 CE 47 FS _‘I|:_
Sn plating terminal opti
Series code Sgr?e: énogdeermlna option
Rated capacitance Rated capacitance
Type code Type code

Rated voltage Rated voltage



