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, 9.40 SPECIFICATIONS
| = RATING: DC30V 1.04
W 2 MECHANICAL LIFE: 5,000 CYCLES,
ol 7 - 3.PACKAGING: 1000PCS/REEL
. (.
= @ Shell - ] Phosphor Bronze Plated
H H @ Contact — | 5| c2680r-H Au Plated
; 7 @ Housing — i LCP Black
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