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cooling

t: Time
Preheating Soldering Peak
Temp. Time Temp. Time Temp. Time
T1 T2 t1 T3 t2 T4 t3
150°C 180°C 60 to 120s 230°C 30 to 60s 250t0 260°C  10s
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(Q) NE (Q)max. (A)max. (mm)

470 +25% 0.150 1.0 0.8 MPZ1608B471ATD25
26 +25% 0.007 6.0 0.6 MPZ1608S260ATDH5
30 +10Q 0.010 5.0 0.6 MPZ1608S300ATDH5
60 +25% 0.020 3.5 0.6 MPZ1608S600ATDH5

100 +25% 0.030 3.0 0.6 MPZ1608S101ATDH5

120 +25% 0.045 2.0 0.6 MPZ1608S121ATDH5

180 +25% 0.050 2.0 0.6 MPZ1608S181ATDH5

220 +25% 0.050 22 0.8 MPZ1608S221ATD25

330 +25% 0.080 1.7 0.8 MPZ1608S331ATD25

470 +25% 0.150 1.0 0.8 MPZ1608S471ATD25

600 +25% 0.150 1.0 0.8 MPZ1608S601ATD25

1000 +25% 0.300 0.8 0.8 MPZ1608S102ATD25

390 +25% 0.120 1.2 0.8 MPZ1608R391ATD25
60 +25% 0.030 2.3 0.8 MPZ1608Y600BTD25

100 +25% 0.040 2.0 0.8 MPZ1608Y101BTD25

150 +25% 0.050 1.8 0.8 MPZ1608Y151BTD25

220 +25% 0.100 1.5 0.8 MPZ1608Y221BTD25
30 +10Q 0.060 1.8 0.8 MPZ1608D300BTD25
60 +25% 0.100 1.2 0.8 MPZ1608D600BTD25

100 +25% 0.150 1.0 0.8 MPZ1608D101BTD25
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