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Microelectronics Product specification
Surface mount zener diode BZT52C2V0S-BZT52C75S
FEATURES @
® Planar die construction Lo rroc C1 ‘e g

® General purpose, medium current Cathode Arade

® |deally suited for automated assembly processes

HF 2
APPLICATIONS >
® Zener diode !
® Ultra-small surface mount package

SOD-323
ORDERING INFORMATION
Type No. Marking Package Code
BZT52C2V0S-BZT52C75S0 See table 2 SOD-323
[1: none is for Lead Free package;
“G” is for Halogen Free package.
MAXIMUM RATING @ Ta=25C unless otherwise specified
Characteristic Symbol Value Unit
Forward Voltage @ IrF=10mA VF 0.9 \V;
Power Dissipation P4 200 mwW
Thermal resistance, junction to ambient air Reja 625 °C/W
Thermal Resistance Junction-to-Case Rejc 400 °C/W
Junction temperature Ti 150 C
Storage temperature range Tstg -65 to +150 C

Notes: 1. Valid provided that device terminals are kept at ambient temperature.
2. Short duration test pulse used in minimize self-heating effect.
3. f=1KHz.
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ELECTRICAL CHARACTERISTICS @ Ta=25C unless otherwise specified

. Maximum Temperature
Zener Voltage Range Maximum Zener Reverse | Coefficient of zener
Marking Impedance
Type Number Current voltage @ lztc
Code Vz@Izr Izt | Zzi@lzr | Zzxk@lzx | 1zx IR | @VRr mV/C
Nom(V) | Min(V) | Max(V) | mA Q mA | A \% Min Max
BZT52C2V0S WYy 2.0 1.91 2.09 5 100 600 1.0 150 | 1.0 | -3.5 0
BZT52C2V4S WX 24 22 2.60 5 100 600 1.0 | 50 1.0 | -35 0
BZT52C2V7S W1 2.7 25 2.9 5 100 600 1.0 | 20 1.0 | -35 0
BZT52C3V0S W2 3.0 2.8 3.2 5 95 600 1.0 | 10 1.0 | -35 0
BZT52C3V3S W3 3.3 3.1 3.5 5 95 600 10| 5 1.0 | -35 0
BZT52C3V6S W4 3.6 34 3.8 5 90 600 10| 5 1.0 | -35 0
BZT52C3V9S W5 3.9 3.7 4.1 5 90 600 10| 3 1.0 | -35 0
BZT52C4V3S W6 4.3 4.0 4.6 5 90 600 10| 3 1.0 | -35 0
BZT52C4V7S W7 4.7 44 5.0 5 80 500 10| 3 20 | -35 0.2
BZT52C5V1S W8 5.1 438 54 5 60 480 10| 2 20 | 27 1.2
BZT52C5V6S W9 5.6 5.2 6.0 5 40 400 10| 1 20 | 2.0 25
BZT52C6V2S WA 6.2 5.8 6.6 5 10 150 10| 3 4.0 0.4 3.7
BZT52C6V8S wB 6.8 6.4 7.2 5 15 80 10| 2 4.0 1.2 45
BZT52C7V5S WC 7.5 7.0 7.9 5 15 80 1.0 1 5.0 25 5.3
BZT52C8V2S WD 8.2 7.7 8.7 5 15 80 1.0 07 | 5.0 3.2 6.2
BZT52C9V1S WE 9.1 8.5 9.6 5 15 100 1.0 05| 6.0 3.8 7.0
BZT52C10S WF 10 9.4 10.6 5 20 150 10| 02| 7.0 45 8.0
BZT52C11S WG 1 10.4 11.6 5 20 150 10| 01| 80 5.4 9.0
BZT52C12S WH 12 1.4 12.7 5 25 150 1.0 0.1 | 8.0 6.0 10.0
BZT52C13S Wi 13 124 14.1 5 30 170 1.0 0.1 | 8.0 7.0 11.0
BZT52C15S wJ 15 13.8 15.6 5 30 200 1.0 01 | 105 | 9.2 13.0
BZT52C16S WK 16 15.3 171 5 40 200 10| 01 | 112 | 104 14.0
BZT52C18S WL 18 16.8 19.1 5 45 225 1.0 01 | 126 | 124 16.0
BZT52C20S WM 20 18.8 21.2 5 55 225 1.0 | 01 | 140 | 144 18.0
BZT52C22S WN 22 20.8 233 5 55 250 10| 01 | 154 | 16.4 20.0
BZT52C24S WO 24 22.8 256 5 70 250 10| 0.1 | 168 | 184 22.0
BZT52C27S WP 27 251 28.9 2 80 300 05| 01| 189 | 214 253
BZT52C30S waQ 30 28.0 32.0 2 80 300 05|01 ] 210 | 244 294
BZT52C33S WR 33 31.0 35.0 2 80 325 05| 01| 231 | 274 334
BZT52C36S WS 36 34.0 38.0 2 90 350 05| 01| 252 | 304 374
BZT52C39S WT 39 37.0 41.0 2 130 350 05| 01| 27.3 | 334 41.2
BZT52C43S Wu 43 40.0 46.0 2 100 700 1.0 | 0.1 32 | 10.0 12.0
BZT52C47S Wv 47 44.0 50.0 2 100 750 1.0 | 0.1 35 | 10.0 12.0
BZT52C51S ww 51 48.0 54.0 2 100 750 1.0 | 0.1 38 | 10.0 12.0
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Surface mount zener diode BZT52C2V0S-BZT52C75S
Zener Voltage Range MaIX|mu(rjn Zener MRae)i/E:;n Temperature
mpedance Coefficient of zener
Type Marking
It I
Number Code Vz@Ilzr Izt | ZzT@lzr | Zzx@lzx | lzx IR @VRr voltage @ lze
mV/C
Nom(V) | Min(V) | Max(V) | mA Q mA | pA Y% Min Max
BZT52C56S WX. 56 53.2 58.8 2 200 400 0.5 | 0.045 | 39.2 10.0 12.0
BZT52C62S wY. 62 58.9 65.1 2 215 423 0.5 | 0.045 | 434 10.0 12.0
BZT52C68S wz 68 64.6 71.4 2 240 447 0.5 | 0.045 | 47.6 10.0 12.0
BZT52C75S 6H 75 71.25 78.75 2 255 470 0.5 | 0.045 | 52.5 10.0 12.0
Notes: 1. Valid provided that device terminals are kept at ambient temperature.
2. Tested with pulses, period=5ms, pulse width = 300us.
3. f=1KHz.
TYPICAL CHARACTERISTICS @ Ta=25°C unless otherwise specified
500 : T S0 [r-%C cz:w fc'zr‘w ,:_,I[LE |
SeeNatet — | rcwz 1:4\].#7 teve
S 400 1 40 f 0
E ‘é I I CBV2
= =
O =
E 300 4 30
o
o o
0 ]
: : /1]
x 200 m 20
5 : ;
% \ | . M
[+ _r
a® 100 < 10 j
RNy B A
0 \ 0 v /"‘ /
0 100 200 o1 2 3 4 5 6 7 8 9 10
T,. AMBIENT TEMPERATURE, (*C) Vz, ZENER VOLTAGE (V)
Fig. 1 Power Derating Curve Fig. 2 Zener Breakdown Characteristics
ZDMO0503A www.gmesemi.com

3




®
IR BS
Galaxy

Microelectronics Product specification
Surface mount zener diode BZT52C2V0S-BZT52C75S
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PACKAGE OUTLINE

Plastic surface mounted package SOD-323

K c SOD-323

A Dim Min Max

A 1.60 1.80

B 1.20 1.40

‘ ‘ ‘ ‘ ‘ ‘ ‘ 8 C 0.80 0.90

d D 0.25 0.35

E 0.22 0.42

H E H 0.02 0.10

/ \ J] J 0.05 0.15

K 2.55 2.75

All Dimensions in mm
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Surface mount zener diode

BZT52C2V0S-BZT52C75S

SOLDERING FOOTPRINT

0.63
| |
778/
\ \
1.60
2.85
Unit : mm
PACKAGE INFORMATION
Device Package Shipping

BZT52C2V0S-BZT52C75S | SOD-323 3000/Tape&Reel
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