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NOTES:
MATERIAL
THOUSING MATERIAL :GLASS FILLED POLYESTER UL9LV-0
2.CONTACT MATERIAL :PHOSPHOR BRONZE ®0.L6mm.
3PLATING GOLD PLATING OVER NICKEL
ELECTRICAL:
1.VOLTAGE RATING 125 VAC RMS.
2.LURRENT RATING 15 AMP.
3.CONTACT RESISTANCE 30 MILLIOHMS MAX
LINSULATION RESISTANCE 500 MEGOHMS MIN @ 500V DC
5.DIELECTRIC WITHSTANDING
RESISTANCE 1000V AC RMS 50Hz. MIN.
MECHANICAL:
1. DURRABILITY ‘150 CYCLES MN.
2PCB RETENTION PRE-SOLDER 1 LB MIN.
ENVIRONMENTAL:
1. STORAGE : -LOT~+85T
2. OPERATION 0°CTO 10°C.
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