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MATERIAL & FINISHES

INSULATOR - PBT GLASS FILLED UL94V-0

CONTACT- BRASS OR PHOSPHOR BRONZE

SHELL - STEEL

PLATING -PLATING — SELECTIVE GOLD OVER NICKEL PLATED
*CONTACT AREA TIN/LEAD OVER NICKEL PLATED (TAIL AREA)

ELECTRICAL CHARACTERISTICS

RATING CURRENT : 3A AC DC

RATING VOLTAGE : 250V AC DC

CONTACT RESISTANCE : <15mQ

INSULATION RESISTANCE : <3000MQ 500V AC
DIELECTRIC VOLTAGE : 1000V /MIN for 1 MINUTE
OPERATING TEMPERATURE : -55° C T0+105° C
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