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o~ 1. ELECTRICAL CHARACTERISTICS:
1-1. VOLTAGE&CURRENT RATING:DC 30V MAX&:3A
1-2. CONTACT RESISTANCE: 40m( MAX INITAL.
J 3.64 j 1-3. INSULATION RESISTANCE:
1000MQ MIN FOR VOLTAGE 100VDC.
7 7 1—4. DIELECTRIC WITHSTAND: 100V AC for 1 MINUTE
1-5. OPERATING TEMPERATURE: —25°C~+85C
~ o 2. MECHANICAL CHARACTERISTICS:
SHERS 2-1. INSERT FORCE: 5-20N Max
T «© 2-2. WITHDRAW FORCE: 5-20N Min
/& 2-3. LIFE TEST :3,000 CYCLES
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