SMD Switching Diode

BAS21/AICIS

225mW Surface Mount Switching
Diode-250V

FEATURES
« Fast Switching Speed

» Surface Mount Package Ideally Suited for Automatic Insertion

» For General Purpose Switching Applications

* High Conductance

Mechanical data
* Epoxy:UL94-V0 rated flame retardant
* Case : Molded plastic, SOT-23

* Terminals : Solder plated, solderable per
MIL-STD-750, Method 2026

* Mounting Position : Any

Maximum Ratings @Ta=25"C
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Dimensions in inches and (millimeters)

Parameter Symbol Limit Unit
Repetitive peak reverse voltage VRRM
Working peak reverse voltage VerRwM 250 \Y
DC blocking voltage VR
Forward continuous current lem 400 mA
Average rectified output current lo 200 mA
Non-Repetitive Peak Forward Surge Current @t=8.3ms lFsm 2.5 A
Repetitive peak forward surge current IFRM 625 mA
Power dissipation Po 225 mwW
Thermal resistance junction to ambient Reya 555 ‘C/IW
Junction temperature T, 150 °C
Storage temperature range Tste -55~+150 ‘C
ELECTRICAL CHARACTERISTICS (Ta=25°C unless otherwise specified)

Parameter Symbol Test conditions Min Max Unit
Reverse breakdown voltage V@R) [r= 100pA 250 Vv
Reverse voltage leakage current Ir Vg=200V 0.1 MA
Forward voltage VE :E:;ggzﬁ 1(2)28 mV
Diode capacitance Co Vr=0V, f=1MHz 5 pF
Reveres recovery time ter IF=Ir=30mA,|=0.1xIg R =100 Q 50 ns
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Rating and characteristic curves ( BAS21/A/C/S )

Forward Characteristics
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Reverse Characteristics
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SMD Switching Diode

BAS21/AIC/IS

Pinning information

BAS21 BAS21A BAS21C BAS21S
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Suggested solder pad layout
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Dimensions in inches and (millimeters)

Reel packing

Formosa MS

COMPONENT INNER REEL CARTON APPROX.
PACKAGE REEL SIZE REEL SPACING BOX BOX DIA, SIZE CARTON GROSS WEIGHT
(pcs) (m/m) (pcs) (m/m) (m/m) (m/m) (pcs) (kg)
SOT-23 7" 3,000 4.0 30,000 | 183*123*183 178 382*257*387 240,000 11.6
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