/\ An3ondsemi___KBU6005 THRU KBU610

INNOVATOR IN SEMICONDUCTOR 6.0A Plastic Passivated
Single-Phase Bridge
Rectifiers-50-1000V

Features Package outline
* Surge overload rating 200 amperes peak.
¢ |deal for printed circuit board KBU

* Reliable low cost construction utilizing

molded plastic technique 935(23.70 .160(4.1)
* Plastic Passivated chip junctions. ¢ -595%7770) ’ 14069

* Lead-free parts meet RoHS requirments.
* UL recognized file # E321971 N
¢ Suffix "-H" indicates Halogen-free part, ex. KBU6005-H. v85(2.2
065(1.7)
-
1.0(25.4)
Min.
Mechanical data
‘_foi_g)_fz“(g:gg)

* Epoxy:UL94-V0 rated flame retardant

* Case : Molded plastic, KBU
to-—o—o-—-—-o0f 4 210
* Terminals : Solder plated, solderable per %;%;—I I 256(6.5)
MIL-STD-750, Method 2026

* Polarity : marked on body Dimensions in inches and (millimeters)

* Mounting Position : Any

Maximum ratings and Electrical Characteristics (AT T,=25°C unless otherwise noted)

PARAMETER CONDITIONS Symbol [ MIN. | TYP.| MAX.| UNIT
Forward rectified current See Fig.1 lo 6.0 A
8.3ms single half sine-wave superimposed on
F I 200
orward surge current rate load (JEDEC methode) Foi A
Vi = Ve T, = 25°C | 10 A
Reverse current u
Vi = Vemy T, = 100°C : 1000
Storage temperature Tere -65 +175 °c
*4 *9 *3 *4 Opel’ating
SYMBOLS Veam Viaws Vi Ve temperature
(V) (V) V) V) T, (°C) N
*1 Repetitive peak reverse voltage
KBU6005 50 35 50
KBU601 100 70 100 *2 RMS voltage
KBU602 200 140 200 *3 Continuous reverse voltage
KBU604 400 280 400 1.1 -55 to +125
KBUGO0B 500 220 500 *4 Maximum forward voltage@ IF=6.0A
KBU608 800 560 800
KBU610 1000 700 1000
/\ http://www.anbonsemi.com e TR T T T |
TEL:886-755-23776891 ocumen ssued Date evised Date evision age.
A FAX-886-755.81482182 Page 1 | As-aos00s2 [ 20150008 | 20180516 | B | 3 ]
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INNOVATOR IN SEMICONDUCTOR

6.0A Plastic Passivated
Single-Phase Bridge
Rectifiers-50-1000V

Rating and characteristic curves (KBU6005 THRU KBU610)

FIG.1-DERATING CURVE FOR FIG.2 TYPICAL INSTANTANEOUS FORWARD
OUTPUT RECTIFIED CURRENT CHARACTERISTIC
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FIG.5-TYPICAL JUNCTION CAPACITANCE PER ELEMENT
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INNOVATOR IN SEMICONDUCTOR 6.0A Plastic Passivated
Single-Phase Bridge
Rectifiers-50-1000V

Pinning information

Simplified outline Symbol

o) +

Marking

Type number Marking code
KBUG005 KBUG00S
KBUG01 KBUG01
KBUG602 KBU602
KBU604 KBU604
KBUG06 KBUG06
KBUG08 KBUGO08
KBU610 KBU610
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