COILMX MS1350
|

APPLICATION

. Low profile,high current power supplies.
. Battery powered devices.

. DC/DC converters in distributed power systems.
. DC/DC converters for field programmable gate array.
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Specifications
o Heat Rating Current Saturation Current
Part Number ';02(;':;) Rdc (mQ) @25°C DC Amps.Irms (A) DC Amps. Isat (A)
o
TYP. MAX. TYP. TYP.
MS1350-R22M 0.22 0.6 0.9 43.0 60.0
MS1350-R36M 0.36 0.80 11 41.0 60.0
MS1350-R47M 0.47 1.08 13 39.0 52.0
MS1350-R56M 0.56 1.2 15 36.0 50.0
MS1350-R68M 0.68 13 15 32.0 40.0
MS1350-R82M 0.82 1.45 1.7 30.0 42.0
MS1350-1ROM 1.00 1.9 2.2 26.0 35.0
MS1350-1R5M 1.50 2.7 3.2 23.0 32.0
MS1350-2R2M 2.20 4.0 5.0 15.0 26.0
MS1350-3R3M 3.30 7.5 9.0 13.0 22.00
MS1350-4R7M 4.70 9.0 11.0 12.0 17.0
MS1350-5R6M 5.60 13.0 15.0 11.0 16.0
MS1350-6R8M 6.80 15.0 18.0 10.0 14.0
MS1350-8R2M 8.20 16.0 20.0 9.0 13.0
MS1350-100M 10.0 20.0 23.0 8.0 12.0
MS1350-150M 15.0 28.0 32.0 5.0 10.0
MS1350-220M 22.0 45.0 52.0 4.5 7.0
MS1350-300M 30.0 70.0 75.0 4.0 6.5
MS1350-470M 47.0 100.0 120.0 3.0 5.0
MS1350-680M 68.0 115.0 135.0 25 4.5

If you require another part number please contact with us.
3% Note:
. All test data is reference to 25°C ambient.
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2. Irms: DC current (A) that will cause an approximate AT of 40°C

3. Isat : DC current (A) that will cause LO to drop approximately 30%

4. Operate between temperature range -55°C to +125°C

5. The part temperature (ambient + temp rise ) should not exceed 125°C under worst case operating conditions. Circuit design, component. PWB trace
size and thickness, airflow and other cooling procision all affect the part temperature. Part temperature should be verified in the den application.

6. The rated current as listed is either the saturation current or the heating current depending on which value is lower /
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Reflow curve

Power Choke Coil Type
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