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B R 3ER B (VSWR)

PE# 511 swr 1.000/ Ref 1.000 [F1]
11.00

1 |900.00000 MHz 1.1762
2 [1.B8000000 GHz 1.3786
£ L1700000 GHz 1.5068
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2 W R K] (Smith chart)

P 11 smith (R+jx) scale 1.000u [F1]

1 000.00000 MHZ 49,912 0 8.1144 0
2 1.8000000 GHz 36.832 0 4.2507 75.84 pH
»3  2.1700000 GHz 47.802 o 20. o 1.4712 nH
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