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NOTE:
L - Rating: DC 12V 50mA
RENS ‘ V.60 . Operating Force:200+100gf

TR YV Lifetime:100,000 Cycles
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PAPT NO s
SK-32600-0141 | 2.0

SK-32600-014.2 2.5

SK-32600-014.3 3.0

SK-32600-014.4 4.0

(5 | Terminal —— | 3 | Brass (030t) | agPlated | —
@ Contact spring | —— 1 |Beryllium copper VRN
() Base — | 9 LCP N
(2 Cover — | 1 SUS Tinplated | —
g Keystake — | 1 PA4B
ITEM| PAPT NAMF [TER.NO| QTY| MATERIAL FINISHING | REMARK
MODEL TYPE:
DSND DATE SCALE: N/A
T : SLIDE SWITCH
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