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P 511 SWR 1.000/ Ref 1.000 [F1]

11.00
>1 00.00000 MHz 1.0691
2 960.00000 MHz 1.4117
3 1.7100000 GHz 1.2595
10.00 | 4 2.6900000 GHz 1.257%
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PR 511 Smith (R+3X) Scale 1.0000 [F1]

>1 800.00000 MHz 48.86z2 Q - 2 64.139 p
2 960.00000 MHz 44.983 0-<6,9761 0 23.765 pF
3 1.7100000 GHz 58.322°Q 6.3709 0 592.96 pH

4 2.6900000 GHz =1.5847 Q 37,335 pF
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