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H H H H H H H H H H ] SPECIFCATION
. Poles:2-24
o _T_’I Voltage rating:AC, DC 250V
&2 Current rating:AC, DC, TA
— Withstand voltage:1500V AC min.
[ ‘ Insulation resistance:1000MQ min.
Temperature range:-25'C~+85C
4. 2+0. 05 Applicable PC board thickness:0.031”~0. 063"
- (0. 8~1. 6mm)
+ Contact resistance:Initial value 10m<Q max.
After environmental testing 20mQ max.
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