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PAPT NO | —1
AL £.0 (5 Terminal —— | 6 | Brass (0.30t) | ag Plated
55-32355-L2 3.0 (4 |Contactspring| — | 1 |Phosphor branze| ag Plated
SS-3235S-L.3 4.0 3 Base I Pad6 Black
(2 Cover — | 1 Sus Natural
1) Keystake — | 1 Pad46 Black
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