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SPECIFICATIONS
MECHANICAL LIFE: 100,000 make-and-break cycles DC 10V & 0.1mA. 
CONTACT RESISTANCE: 10 m max.
INSULATION RESISTANCE: 500V 500 M min.
DIELECTRIC STRENGTH: 1,000 Vrms min.@sea level.
OPERATING TEMPERATURE: -30°C to 85°C.

MATERIALS
CASE: Diallyl phthalate (DAP) (UL94v-0).
ACTUATOR: Brass,chrome plated.
BUSHING: Brass,nickel plated.
HOUSING: Stainless Steel.
TERMINAL/CONTACT:Brass.
RoHS & Lead Free

Q'TYPART NAME

3
2
1 METRIC NUTS(M6P 0.75 THD)

LOCKWASHER
SPLASH PROOF O-RING

2
1
1

PART NO.
MNU-1M04

MNU-1M03

FCP-1TEB

FILE NAME : HARDWARE-0021

B9 , 100,000 DEC-23-2011

N1402 MCP-1TEB FCP-1TEB JAN-10-2018

 0.4 Volt-Amps(VA) max. @20V max. (AC or DC)
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CONTACT PLATING

Silver
Gold over Silver

Gold

RATINGS

C = Gold over silver

R = Gold

TERMINAL  PLATING

Q = Slver 6 Amps @125 VAC
3 Amps @250 VAC or 30VDC
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