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DESCRIPTION DATE DWN APVD
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- |\ | ~ 1 CONNECTOR ACCEPTS SIZE 20 DF PIN CONTACTS, RETENTION TINES
ARE AN INTEGRAL PART OF INSERT.
T s s N\ /120 DIA.
o2t T™™VP.(2) 2 CONNECTOR COMPLIES WITH 108—40005 WHERE APPLICABLE.
an\ I () -
OO0 /3\ MOLDED PARTS: GLASS—FILLED PBT OR GLASS—FILLED NYLON,
A94+.015.529 T é A é) T UL94V—0 RATED. COLOR: BLACK
A /& SHELLS: STEEL PER ASTM A109.
6 7 8 9
— == == /5\  ZINC PLATED PER ASTM B633; TYPE II; CLASS SC1; YELLOW CHROMATE.
N \ L/ /8\ TIN OR TIN—LEAD PLATED OVER COPPER UNDERPLATE.
/2 CHROME PLATED.
TIN PLATED OVER COPPER UNDERPLATE.
/A\ ZINC PLATED .000200—.000400 THICK, YELLOW TRIVALENT CHROMIUM
R OUNDING INDENTS CHROMATE COATING.
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PART NO. & DATE CODE, MARKED

mw 205204

IN AREA INDICATED, ON FAR SIDE

AN OBSOLETE| SMALL PACK A NO +—205204—0

STANDARD g NO 205204-9

STANDARD A NO 205204 —8

SUPERSEDED BY | g)\ALL PACK A NO 205204 —7

STANDARD A YES 205204—4

055048 0 " STANDARD A NO 205204 —3

OBSOLETE STANDARD 5 NO 205204—2

SUPERSEDED BY STANDARD A NO 205204 — 1
PACKAGING TYPE| SHELL |CROGIDING PART NUMBER
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DIMENSIONS:
INCHES

0 PLC

TOLERANCES UNLESS
OTHERWISE SPECIFIED: APVD
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PRODUCT SPEC

g 2 PLC
3 PLC
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APPLICATION SPEC

PLUG CONNECTOR, SIZE 1, 9 POS.,

AMPLIMITE

HDP

MATERIAL

SEE NOTES

FINISH

SHELLS: SEE TABLE
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SIZE CAGE CODE | DRAWING NO
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