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NOTEST:
‘ — UL Standard
1.Rated voltage/current : 300V / 20A
L 2%%‘ 21.50 2.Torque value : M2.5 , 3.54Lb.in

3.Wire range : 28~12AWG

5.08X(N/2) IEC Standard
‘ ‘ 1.Rated voltage/current : 250V / 18A

2.Torque value : M2.5 , 0.4N-m
3.Wire range : 1.0~2.5mm?

PCB LAYOUT

NOTESZ:
1.Dimension shall be interpreted per
ASME Y14.5-2009
2.Pitch :5.0/5.08mm, Poles : N=04~48P
3.Stripping length : 6~7mm
4 Withstanding voltage : AC2000V/1Min.
5.0perating temperature: —40°C~+105°C
6.Undimensioned tolerances:
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7.RoHS Compliance
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