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SPECIFICATIONS

Current Rating: 9A AC,DC

Voltage Rating: 600V AC,DC
Temperature Range: —25°C ~ +85°C
Contact Resistance: 10mQ Max
Insulation Resistance: 1000MQ Min
Withstanding Voltage: 1500V AC/minute
Pin Material: Brass/Tin—plated

Material: Nylon 66,UL94V-2

Color: Natural(Translucent)

Ordering Information & Dimensions

Dimensions

PART NO. A 3
C4255WR—-F—-02P 4.20 9.60
C4255WR—-F—-03P 8.40 13.80
C4255WR—-F—-04P 12.60 18.00
C4255WR—-F—-05P 16.80 22.20
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