4 3 v
CATEGORY DESCRIPTION P/N # REV.| ECN NO DESCRIPTION REVISED DATE
X01 New Release XSY 2017.11.27
CONNECTOR RJ4S WilRH4.2 H5EN (EH) MJBBBT—BX11—HLRVI—X
. H H 1. RJ Electrical Characteristics
X | Terminal Plating X | a7 1—1: Voltage: 150V AC RMS
0 Au Tu_Piating C |FiH % 1-2: Current Rating: 1.5A
S L {Au Su’ Ploting P | RIBE% 1-3: Contact Resistance: 40mf MAX.
S 2 |Au 6u Plating . i . ‘ 0
— 3| Au 150" Plating I—4. Insulation Resistance: 500M{) MIN.
4 | Au 30u” Plating 1-5: Dielectric Withstang Voltage 1000V AC
5 |Au 50u” Plating 1-6: Operature Temperature: —40°C~80°C
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T = ﬂm@m.m.@ Hiy Recommend PCB Layout
& Y (Jack Top View)
= Tolerance: +0.05mm
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. JK Comector DongGuan Heling Electronic Co.,LTD
UNLESS OTHERWISE  [SCALE/1|UNIT: mm | @ <3| DWG.NO:
SPECIFED TOLERANCES | SIZE: A3 |PAGE:T OF 1\REV:XO1
c Shielding 1 Brass, T=0.2mm Ni Plating : ,
b | Terminal 8 | Phosphor Bronze, T=0.3mm Au/Tin Plating mma\\gx/.wwg.m UZQ‘FWW., APPROVED BY CHECKED BY PREPARED BY
g | Housing 1| LeP uLgay—o Black XX Mou XX ML DICK XSY XHY
NO. PART NAME QT MATERIAL PLATING & COLOR XXX :#0.2 CUSTOMER COPY




