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CATEGORY DESCRIPTION b\z % REV. ECN NO DESCRIPTION REVISED DATE
CONNECTOR RJ45 8PSC AN MJ5388=X014—HRN1 Aol New Release Xsr 2015.07.08
A02 BRI XSY 2017.11.17
SPECIFICATION
MJ5388—X014—HRN1 1. VOLTAGE RATING: 150 VAC RMS.
% 2. CURRENT RATING: 1.5 AMP
Table 1 J. CONTACT RESISTANCE: 40 m(Q MAX
X | Housing Color 4. INSULATION RESISTANCE: 500MQ MIN.
| B|  Black 5. WITHSTAND VOLTAGE: ACT000V RMS 60s.
ﬂ w%\mg 6. OPERATING TEMPERATURE: —40°C~+80°C
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SCALE 2:1 oo DongGuan Heling Electronic Co.,LTD
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