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CATEGORY DESCRIPTION PN # REV., ECN NO DESCRIPTION REVISED DATE
- FHE R MJ5688—BX11-GRSLX _ S HALEDIT B e 1
CONNECTOR RJ45 8PSC HATHH MJ5688-XX11—-GRSLX mm\,@qi E685_YXT 1—CRSLY A06 HHHLEDIT B Xsy 2018.03.22
A07 _ HELEDIT B T YST 2019.02.27
AO8 | ECN190713001 HHELEDAT B3k T XSY 2019.07.13
16.45£0.25
11.90 15.70£0.25
SPECIFICATION

VOLTAGE RATING: 150 VAC RMS.
CURRENT RATING: 1.5 AMP

CONTACT RESISTANCE: 40 mQ MAX
INSULATION RESISTANCE: 500MQ MIN.
WITHSTAND VOLTAGE: ACTO00V RMS 60s.
OPERATING TEMPERATURE: —40°C~+80°C
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