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CATEGORY DESCRIPTION b\z % REV. ECN NO DESCRIPTION REVISED DATE
CONNECTOR | RJ45 8PSC BikikBE st (B4T) | MJBSF—XX11—-ZPNLX1 AoT New Release AT 20101127
402 STHLEDET, ERI T WIF 2016.07.01
18,00 SPECIFICATION
, 1. VOLTAGE RATING: 150 VAC RMS.
L EDAT 2. CURRENT RATING: 1.5 AMP
3. CONTACT RESISTANCE: 40 mQ MAX
4. INSULATION RESISTANCE: 500MQ MIN.
200 — o 5. WITHSTAND VOLTAGE: AC1000V 60S  MIN.
m o 6. OPERATING TEMPERATURE: —40°C~+80°C
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e [LED 1| SEE Table 2 A
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a | HOUSING 1| PBT (4830) UL94V—0 See Table 1 R I XSy Sy
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