DSS110
SCHOTTKY SURFACE MOUNT SCHOTTKY BARRIER RECTIFIER

SOD-123FL Features

® High Current Capability

® Low Forward Voltage Drop

@ High reliability

@ High temperature soldering guaranteed

Mechanical Data

® SOD-123 Small Outline Plastic Package
® Polarity: Color band denotes cathode end
® EpoxyUL:94V-0

® Mounting Position: Any

Maximum Ratings & Thermal Characteristics

(Ratings at 25°C ambient temperature unless otherwise specified.)

LA
Parameters Symbol DSS110 Unit
Maximum repetitive peak reverse voltage VRRM 100 Vi
Maximum RMS voltage VRMS 70 \VJ
Maximum DC blocking voltage VDC 100 \Y,
Maximum average forward rectified current IF(AV) 1.0 A
Non-repetitive Peak forward surge current 8.3 ms IESM 25 A
single half sine-wave
Max. forward voltage @IF=2.0A VF 0.85 Y,
TA=25C .
Max. reverse current @VDC TA:120°C IR (5)(5) :2
Type junction capacitance VR=4.0V, f=1MHz Cj 80 pF
Operation junction and Storage temperature range Tj, TSTG -55-+125 C
Note:

1) Thermal resistance from junction to ambient, PCB mounted.
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FIG. 3-TYPICAL INSTANTANEOUS FORWARD FIG. 4-TYPICAL REVERSE CHARACTERISTICS
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FIG. S-TYPICAL JUNCTION CAPACITANCE SOD-123FL PACKAGE OUTLINE piastic surface mounted package
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