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[.Rating * DC 30V,2.0A(12V,2.0A) :
2 Contact resistance * <30mQ

3.Insulation resistance °

=100M€)

4 Withstand voltage * S00VAC
5.Insertion and extraction force * 3-20N

6.Ife

test + 5,000 cycles °
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MODEL NO. 11.2
———erig)
SCHEMATIC 4 P.C.B LAYOUT
3 TOP VIEW
CENTER PIN ?2.0mn
' ’ 2. 5mm
& PIN 1 BRASS Ni-Plating
5 FLAT FOOT 1 BRASS Ag-Plating
4 CURVE PIECE 1 BRASS Ag-Plating
4 SPRING PIECE 1 BRONZE Ap-Plating
2 COVER 1 PAST
1 HOUSTRG 1 FAST
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