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Specifications A4S (@) O 0o ¥
Impedance: 75 Ohms Y ol o
Frequency Range:DC™3G

VSHR: 1. 3MAX . PCB

Working Voltage:500V rms @ sea level
Insulation Resistance:5000 Ohms min

Temperature Range:-55C TO +155°C NOTE : . . E-mail:dosin2005@163.
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