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CATEGORY DESCRIPTION P/N # REV.| ECN NO DESCRIPTION REVISED DATE
CONNECTOR | RJ45 I8OBHGHATH7H=12.9mm | MJBS2—BX11—HPPOLX] Aot New Release or 2015.09.15
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