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DSND DATE SCALE: N/A |MODEL j%mC SB 2.0
AX 4<L<16 0.3 | CHKD DATE UNIT: mm U221-04XN-4BUO5-FS
AX 16<L<63 +0.4 DWG NO.:
MARK DESCRIPTION DATE REVISED | APPROVED L>63 +0.5 APPD DATE SIZE: A4 U221-04XN-4BUO5-FS
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