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CIRCUIT DIAGRAM

i % Rating

DG 12Vi50maA

Jichl th B Contact Resistance

100m O mas.

a8 i fHInsulation resistance

DC100V 605 100MO min.

fi A 5 Dielectric strangth

AC250V(50~B0HZ) 605 min.

HEAE F0peration force

25025001

A i 55 Operating Life

100,000 eycles

iT# Travels

0.35+0.1mm
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