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BOX A
NOTES:
1.TRAY : PVC, SIZE:330mm(L)X 265mm(W)X 22mm(H).
2.BOX : CORRUGATED, SIZE: 350mm(L)X 279mm(W)X 195mm(H).
3.QUANTITY: SEE TABLE. ||
QUANTITY SEE TABLE
B
5.94 4.34 80 10 800 24
593 4.33 100 10 1000 20
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6.00 4.40 140 10 1400 14 ) —
598 4.38 160 10 1600 12
581 4.21 180 10 1800 10
5.89 4.29 220 10 2200 8
5.94 4.34 280 10 2800 6
5.78 418 360 10 3600 4
592 4.32 80 10 800 24 C
5.90 4.30 100 10 1000 20
6.08 1,68 120 10 1200 18
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6.35 4.75 420 10 4200 4
5.90 4.30 80 10 800 24
587 1.27 100 10 1000 20
6.24 4.64 120 10 1200 18
5.91 4.31 140 10 1400 4 D
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